Liefern und montieren von TDF-19/46HE
tDF® - Rack System 19"/46U, dismountable, grey




**tDF® - tde Distribution Frame (ODF)




tDF® is a modular Central Office solution with the highest packing density. At 46U, up to 4032 fibers can be terminated with LC. In developing the tde has taken primarily attention on the user-friendly installation. So the patented modules are fully be fitted from the front. A 19-inch sub rack occupies three height units and is equipped with twelve splice modules. Per sub rack, up to 288 fibers can be terminated with LC. The splices will be stored in standard splice cassettes. A unique feature of the splice module is the built-in loose tube over length management, which compared to conventional solutions saves  an additional rack unit for the over length  tray. The trunk cables are brought to the sub rack side and splitted there. This results in very short stripping lengths for the trunk cables. Due to the tML® compatibility  also MPO/MTP® modules can be equipped in the same sub rack. The modular design of  the tDF rack system offers maximum flexibility. The racks can be ordered customized completely preconfigured.








**tDF® - Rack System + Accessories




**TECHNISCHE_DATEN





	Dimensions (WxHxD)
	1200 x 2200 x 400 mm (46 U)

	Color
	Grey (RAL 7035)

	Color design profile
	Pigeon blue (RAL 5014)

	Consisting of
	1x Rack frame dismountable, 1200 x 2200 x 400 mm

	 
	2x 19"-grid struts 46 U, ASA-punching (1/2-19"), galvanized with continuously labeling (1-46 U)

	 
	2x Traverse for 19" mounting, stepless depth-adjustable

	 
	1x Cable entry for inclusion of distributors

	 
	7x Multifunctional strut, Depth = 400 mm

	 
	5x Metal cable clamps, 66 x 125 mm, for vertical cable fixing

	 
	8x Patch cable management with radius limiters

	 
	1x Top panel with cable entry, Width=1200, Depth=400mm, openings covered with brushes

	 
	1x Earthing kit (wire size 2.5 mm²), according to VDE up to 25A rated current



